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OLFLEX® HEAT 125 MC
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OLFLEX® HEAT 125 C MC - halogen free power and control cable with DNV GL certificate, special fire performance, IEC 60332-3, suitable for
+125° C
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DNV GL approved

LAPP KABEL STUTIGART OLFLEX®HEAT 125 MC Gk LAPP KABEL STUTIGART BLFLEX®HEAT 125 MC €4
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OLFLEX® HEAT 125 MC
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S LAPP

OLFLEX® HEAT 125 MC
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OLFLEX® HEAT 125 MC 300/500 VV

1024300 2X05 6 9.6 38
1024301 3G05 6.3 14.4 46
1024302 4G05 6.9 19.2 55
1024307 2X0.75 6.4 14.4 40
1024308 3G0.75 6.8 21.6 53
1024309 4G0.75 74 28.8 69
1024310 5G0.75 8.3 36 86
1024311 7G0.75 9 50 127
1024315 2X10 6.6 19.2 50
1024316 3G10 7 28.8 67
1024317 4G1.0 7.8 384 87
1024318 5G1.0 8.6 48 107
1024319 7G10 9.5 67 152
1024320 12G 1.0 12.8 115 221
OLFLEX® HEAT 125 MC 450/750 V

1024323 2X15 7.6 29 71
1024324 3G1l5 8.3 43 96
1024325 4G 15 9 58 123
1024326 5G15 10.1 72 156
1024327 7G15 11.2 101 224
1024328 12G15 15.1 173 316
1024333 2X25 9 48 102
1024334 3G25 9.8 72 145
1024335 4G25 10.8 96 189
1024336 5G25 119 120 235
1024337 7G25 132 168 344
1024341 4G40 12.7 154 276
1024342 5G4.0 14 192 334
1024346 4G6.0 14.1 230 341
1024347 5G6.0 15.8 288 431
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