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ETIM 5.0 Class-ID: EC000441
ETIM 5.0 Class-Description: 7 — 7
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SKINTOP® MS-SC-M
53112610 M12x1,5 3.5-7.0 2.0 16 6.5 50
53112620 M16x1,5 45-9.0 4.0 20 7.0 50
53112630 M20x1,5 7.0-12.5 5.0 24 8.0 25
53112640 M25x1,5 9.0-16.5 7.5 29 8.0 25
53112650 M32x1,5 11.0-21.0 9.0 36 9.0 25
53112660 M40x1,5 19.0 - 28.0 15.0 45 9.0 10
53112670 M50x1,5 27.0 - 35.0 21.0 54 10.0 5,
SKINTOP® MS-SC-M-XL
53112625 M16x1,5 45-9.0 4.0 20 12.0 50
53112635 M20x1,5 7.0-12.5 5.0 24 12.0 25
53112645 M25x1,5 9.0-16.5 7.5 29 12.0 25
53112655 M32x15 11.0-21.0 9.0 36 15.0 25
53112665 M40x1,5 19.0 -28.0 15.0 45 15.0 10
53112675 M50x1,5 27.0-35.0 21.0 54 15.0 5
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